
Series FS10-C
Flow Switch

Sizes: For pipes 1" - 6" (25 – 150mm)
Series FS10-C Flow Switch provides accurate monitoring of
liquid flow in pipelines servicing water systems, heating systems,
air conditioning, and processing installations for industrial and
commercial applications. The flow switch is designed to act as
an automatic control or safety device for liquid flow. The single-
pole, double-throw switch can be wired to start or stop a motor
when a flow or no flow condition exists or activate an alarm
when flow is inadequate. The switch then turns off the alarm
when adequate flow is restored. Series FS10-C flow switches
install in tee in horizontal or vertical piping.

Features

• Beryllium copper paddle

• Single cover retaining screw mounted on top of flow switch

• Coarse and fine sensitivity adjustment

• Two electrical conduit knockouts

• Easy accessibility to switch terminals

• 1" (25mm) NPT connection

•  Switch assembly independent/removable from
mounting adaptor

•  Optional flow indicator light integral with switch cover
(FS10-CL)

Models
FS10-C-standard unit

FS10-CL-features indicator light

FS10-CL-SS-features stainless steel bellows and paddle

Standards

Underwriter’s Laboratories Listed U.S.A. No. 11S1

Pressure-Temperature
Maximum Working Pressure: 175psi (12.1 bar) at 300°F 
(148.9°C)

Maximum Temperature: 300°F (148.9°C)

For Residential and Commercial Applications

ES-FS10-C
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Paddles
3 in 1 Paddle – A segmented beryllium copper paddle is
quickly adaptable for 1" through 3" pipe (25 through 80mm).
The extended beryllium copper paddle, also included, is for 
larger pipe sizes up to 6" (150mm).  Paddle length conforms
to ASTM tee standards.

Materials
Body:  Brass

Enclosure:  Zinc plated steel 

Cover: Epoxy coated steel

Bellows: Brass ASTM B-36

Inlet Adapter: Brass ASTM B-36

Paddle: Beryllium Copper ASTM B-194

EASY WIRING – cover 
completely removable, no 
danger of wires interfering 
with operation.

INDEPENDENT
Switch
assembly

SWITCH –
Single pole,
double throw

TWO KNOCKOUTS –
Connect conduit at
either side of chassis.

O-RING INLET ADAPTER – 
Threaded connection
(quick paddle orientation 
in pipe.)

PADDLE – made of beryllium copper. 
Segmented and quickly adaptable for
1" (25mm) to 3" (80mm) pipe. Extended 
paddle also included for larger pipe size.

HIGH –
(Coarse)
Sensitivity
Adjustment

Watts product specifications in U.S. customary units and metric are approximate and are provided for reference only. For precise measurements, 

please contact Watts Technical Service. Watts reserves the right to change or modify product design, construction, specifications, or materials with-

out prior notice and without incurring any obligation to make such changes and modifications on Watts products previously or subsequently sold.

GENERAL
SIGNALING
EQUIPMENT

11S1



Flow Rates
FLOW RATES Required to Actuate the No. FS10C or FS20 
Flow Switch in Horizontal Pipe. Flow rates in U.S. gallons per 
minute (GPM). Velocity in feet per second (FPS). *Equipped 
with extended paddle trimmed to pipe size.

31⁄16"
(78mm)

31⁄4"
(83mm)

17⁄8"
(48mm)

31⁄2"
(89mm)

31⁄16"
(78mm)

7⁄8" (22mm)

17⁄8" (48mm)
HEX

7⁄8" (22mm)
Dia. Electrical
Knock-outs

1" (25mm)
Pipe Thread

11⁄2” (40mm)

Dimensions
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PIPE SIZE IN WHICH
FLOW SWITCH INSTALLED

1"
(25mm)

11⁄4"
(32mm)

11⁄2"
(40mm)

2"
(50mm)

21⁄2"
(65mm)

3"
(80mm)

*4"
(100mm)

*5"
(125mm)

*6"
(150mm)

FACTORY OR
MINIMUM

FLOW SETTING

ACTIVATION

FLOW

GPM 5.2 7.9 10.0 13.2 20.9 30.0 39.0 58.0 79.0

FPS 2.01 1.74 1.62 1.29 .92 1.30 1.0 .94 .88

DEACTIVATION

NO FLOW

GPM 2.0 3.2 5.3 8.1 9.9 12.0 19.0 29.0 39.6

FPS .77 .71 .86 .79 .44 .52 .50 .47 .44

MAXIMUM
FLOW SETTING

ACTIVATION

FLOW

GPM 11.5 18.0 18.0 34.1 53.9 52.0 73.5 115.0 166.0

FPS 4.44 3.98 2.91 3.33 2.38 2.26 1.86 1.85 1.84

DEACTIVATION

NO FLOW

GPM 8.5 14.6 15.1 29.2 44.4 46.1 64.0 92.0 123.0

FPS 3.28 3.23 2.44 2.85 1.96 2.00 1.67 1.48 1.37

*Flow rates for these sizes are calculated.

3⁄4" (20mm)



<<
  /ASCII85EncodePages false
  /AllowTransparency false
  /AutoPositionEPSFiles true
  /AutoRotatePages /All
  /Binding /Left
  /CalGrayProfile (Dot Gain 20%)
  /CalRGBProfile (Adobe RGB \0501998\051)
  /CalCMYKProfile (U.S. Web Coated \050SWOP\051 v2)
  /sRGBProfile (sRGB IEC61966-2.1)
  /CannotEmbedFontPolicy /Warning
  /CompatibilityLevel 1.7
  /CompressObjects /Tags
  /CompressPages true
  /ConvertImagesToIndexed true
  /PassThroughJPEGImages true
  /CreateJobTicket false
  /DefaultRenderingIntent /Default
  /DetectBlends true
  /DetectCurves 0.1000
  /ColorConversionStrategy /CMYK
  /DoThumbnails false
  /EmbedAllFonts true
  /EmbedOpenType false
  /ParseICCProfilesInComments true
  /EmbedJobOptions true
  /DSCReportingLevel 0
  /EmitDSCWarnings false
  /EndPage -1
  /ImageMemory 1048576
  /LockDistillerParams false
  /MaxSubsetPct 100
  /Optimize true
  /OPM 1
  /ParseDSCComments true
  /ParseDSCCommentsForDocInfo true
  /PreserveCopyPage true
  /PreserveDICMYKValues true
  /PreserveEPSInfo true
  /PreserveFlatness false
  /PreserveHalftoneInfo false
  /PreserveOPIComments false
  /PreserveOverprintSettings true
  /StartPage 1
  /SubsetFonts true
  /TransferFunctionInfo /Apply
  /UCRandBGInfo /Preserve
  /UsePrologue true
  /ColorSettingsFile (None)
  /AlwaysEmbed [ true
  ]
  /NeverEmbed [ true
  ]
  /AntiAliasColorImages false
  /CropColorImages false
  /ColorImageMinResolution 300
  /ColorImageMinResolutionPolicy /OK
  /DownsampleColorImages true
  /ColorImageDownsampleType /Bicubic
  /ColorImageResolution 300
  /ColorImageDepth -1
  /ColorImageMinDownsampleDepth 1
  /ColorImageDownsampleThreshold 1.50000
  /EncodeColorImages true
  /ColorImageFilter /DCTEncode
  /AutoFilterColorImages false
  /ColorImageAutoFilterStrategy /JPEG
  /ColorACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /ColorImageDict <<
    /QFactor 0.40
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000ColorACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000ColorImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasGrayImages false
  /CropGrayImages false
  /GrayImageMinResolution 300
  /GrayImageMinResolutionPolicy /OK
  /DownsampleGrayImages true
  /GrayImageDownsampleType /Bicubic
  /GrayImageResolution 300
  /GrayImageDepth -1
  /GrayImageMinDownsampleDepth 2
  /GrayImageDownsampleThreshold 1.50000
  /EncodeGrayImages true
  /GrayImageFilter /DCTEncode
  /AutoFilterGrayImages false
  /GrayImageAutoFilterStrategy /JPEG
  /GrayACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /GrayImageDict <<
    /QFactor 0.40
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000GrayACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000GrayImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasMonoImages false
  /CropMonoImages false
  /MonoImageMinResolution 1200
  /MonoImageMinResolutionPolicy /OK
  /DownsampleMonoImages true
  /MonoImageDownsampleType /Bicubic
  /MonoImageResolution 1200
  /MonoImageDepth -1
  /MonoImageDownsampleThreshold 1.50000
  /EncodeMonoImages true
  /MonoImageFilter /CCITTFaxEncode
  /MonoImageDict <<
    /K 0
  >>
  /AllowPSXObjects false
  /CheckCompliance [
    /None
  ]
  /PDFX1aCheck false
  /PDFX3Check false
  /PDFXCompliantPDFOnly false
  /PDFXNoTrimBoxError true
  /PDFXTrimBoxToMediaBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXSetBleedBoxToMediaBox true
  /PDFXBleedBoxToTrimBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXOutputIntentProfile (None)
  /PDFXOutputConditionIdentifier ()
  /PDFXOutputCondition ()
  /PDFXRegistryName ()
  /PDFXTrapped /False

  /CreateJDFFile false
  /Description <<
    /CHS <FEFF4f7f75288fd94e9b8bbe5b9a521b5efa7684002000500044004600206587686353ef901a8fc7684c976262535370673a548c002000700072006f006f00660065007200208fdb884c9ad88d2891cf62535370300260a853ef4ee54f7f75280020004100630072006f0062006100740020548c002000410064006f00620065002000520065006100640065007200200035002e003000204ee553ca66f49ad87248672c676562535f00521b5efa768400200050004400460020658768633002>
    /CHT <FEFF4f7f752890194e9b8a2d7f6e5efa7acb7684002000410064006f006200650020005000440046002065874ef653ef5728684c9762537088686a5f548c002000700072006f006f00660065007200204e0a73725f979ad854c18cea7684521753706548679c300260a853ef4ee54f7f75280020004100630072006f0062006100740020548c002000410064006f00620065002000520065006100640065007200200035002e003000204ee553ca66f49ad87248672c4f86958b555f5df25efa7acb76840020005000440046002065874ef63002>
    /DAN <>
    /DEU <>
    /ENU (Use these settings to create Adobe PDF documents for quality printing on desktop printers and proofers.  Created PDF documents can be opened with Acrobat and Adobe Reader 5.0 and later.)
    /ESP <>
    /FRA <>
    /ITA <>
    /JPN <>
    /KOR <FEFFc7740020c124c815c7440020c0acc6a9d558c5ec0020b370c2a4d06cd0d10020d504b9b0d1300020bc0f0020ad50c815ae30c5d0c11c0020ace0d488c9c8b85c0020c778c1c4d560002000410064006f0062006500200050004400460020bb38c11cb97c0020c791c131d569b2c8b2e4002e0020c774b807ac8c0020c791c131b41c00200050004400460020bb38c11cb2940020004100630072006f0062006100740020bc0f002000410064006f00620065002000520065006100640065007200200035002e00300020c774c0c1c5d0c11c0020c5f40020c2180020c788c2b5b2c8b2e4002e>
    /NLD (Gebruik deze instellingen om Adobe PDF-documenten te maken voor kwaliteitsafdrukken op desktopprinters en proofers. De gemaakte PDF-documenten kunnen worden geopend met Acrobat en Adobe Reader 5.0 en hoger.)
    /NOR <>
    /PTB <>
    /SUO <>
    /SVE <>
  >>
  /Namespace [
    (Adobe)
    (Common)
    (1.0)
  ]
  /OtherNamespaces [
    <<
      /AsReaderSpreads false
      /CropImagesToFrames true
      /ErrorControl /WarnAndContinue
      /FlattenerIgnoreSpreadOverrides false
      /IncludeGuidesGrids false
      /IncludeNonPrinting false
      /IncludeSlug false
      /Namespace [
        (Adobe)
        (InDesign)
        (4.0)
      ]
      /OmitPlacedBitmaps false
      /OmitPlacedEPS false
      /OmitPlacedPDF false
      /SimulateOverprint /Legacy
    >>
    <<
      /AddBleedMarks false
      /AddColorBars false
      /AddCropMarks false
      /AddPageInfo false
      /AddRegMarks false
      /BleedOffset [
        0
        0
        0
        0
      ]
      /ConvertColors /NoConversion
      /DestinationProfileName ()
      /DestinationProfileSelector /NA
      /Downsample16BitImages true
      /FlattenerPreset <<
        /PresetSelector /MediumResolution
      >>
      /FormElements false
      /GenerateStructure true
      /IncludeBookmarks false
      /IncludeHyperlinks false
      /IncludeInteractive false
      /IncludeLayers false
      /IncludeProfiles true
      /MarksOffset 6
      /MarksWeight 0.250000
      /MultimediaHandling /UseObjectSettings
      /Namespace [
        (Adobe)
        (CreativeSuite)
        (2.0)
      ]
      /PDFXOutputIntentProfileSelector /NA
      /PageMarksFile /RomanDefault
      /PreserveEditing true
      /UntaggedCMYKHandling /LeaveUntagged
      /UntaggedRGBHandling /LeaveUntagged
      /UseDocumentBleed false
    >>
    <<
      /AllowImageBreaks true
      /AllowTableBreaks true
      /ExpandPage false
      /HonorBaseURL true
      /HonorRolloverEffect false
      /IgnoreHTMLPageBreaks false
      /IncludeHeaderFooter false
      /MarginOffset [
        0
        0
        0
        0
      ]
      /MetadataAuthor ()
      /MetadataKeywords ()
      /MetadataSubject ()
      /MetadataTitle ()
      /MetricPageSize [
        0
        0
      ]
      /MetricUnit /inch
      /MobileCompatible 0
      /Namespace [
        (Adobe)
        (GoLive)
        (8.0)
      ]
      /OpenZoomToHTMLFontSize false
      /PageOrientation /Portrait
      /RemoveBackground false
      /ShrinkContent true
      /TreatColorsAs /MainMonitorColors
      /UseEmbeddedProfiles false
      /UseHTMLTitleAsMetadata true
    >>
  ]
>> setdistillerparams
<<
  /HWResolution [2400 2400]
  /PageSize [612.000 792.000]
>> setpagedevice


	Job Name field: 
	Job Location field: 
	Engineer field: 
	Approval field 1: 
	Contractor field: 
	Approval field 2: 
	Contractor P: 
	O: 
	 No: 
	 field: 



	Representative field: 


