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ES-P-141_600B-E-F

In-Line Diverter Valves
141-600B, 141-600E & 141-600F
Description
HydroGuard® 3-port, in-line diverter valve  pro vides smooth transfer of 
water from one outlet (showerhead) to another (hand shower or tub spout). 
Compatible with all Biltmore 900, HydroGuard 410, HydroGuard T/P  
Series e700 and e420 tempering shower valves.
Valve features:
• Cast bronze body.
• Chrome-plated zinc die-cast, ABS, ADA-compliant handles.
• Stainless steel faceplate.
• Easy-to-read graphic insert.

Specifications

ADA-compliant handles 

Standard Metal Handle 
141-600B

Deluxe ABS Handle 
141-600E

Deluxe Metal Handle 
141-600F

Connections  . . . . . . . . . . . . . . . . . . . . . . . . . . . . .  ½" sweat inlets and outlet

Capacity  . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .  6.0 gpm @ 45 psi differential
 (23 L/min @ 310 kPa)

Maximum Inlet Temperature  . . . . . . . . . . . . . . . . .  180°F [82°C]

Maximum Operating Pressure  . . . . . . . . . . . . . . . .  125 psi [862 kPa]

Agency Approvals  . . . . . . . . . . . . . . . . . . . . . . . . .  ADA-compliant handle

Certified  . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .  CSA-B125

Shipping Weight  . . . . . . . . . . . . . . . . . . . . . . . . . .  3.0 lbs [1.4 kgs.]

Typical Installation

Inches (Millimeters)

1-7/16 [37] min.
3 [76] max.

8 [203] min.

Wall opening
4 [102] dia.

Wall

All dotted line piping supplied by others.

4-3/4
[121]

78 [1981]
approx. to
finished floor

1/2-14 NPT
male inlet

141-600B Diverter

Valve

78 [1981]
approx. to
finished floor

 48 [1219] to floor
(typical)

38 [965] to floor
(typical)
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78 (1981) 
approx. to  
finished floor

48 (1219) to floor
(typical)

Wall opening
4 (102) dia.

Valve
8 (203) min.

1-7/16 (37) min.
3 (76) max.

Wall

141-600B Diverter

½ – 14 NPT 
male inlet

78 (1981)
approx. to
finished floor

38 (965) to floor
(typical)4-¾
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All dotted line piping supplied by others.
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Parts and Repair Kits

Handle Kit #141-620 For 141-600B

Item Description Qty

A Lever Handle Screw 1
B Lever Handle 1

Handle Kit #220-052A For 141-600E

Item Description Qty

A Lever Handle Screw 1
B Lever Handle 1

Handle Kit #220-050 For 141-600F

Item Description Qty

A Lever Handle Screw 1
B Lever Handle 1

Trim Kit #141-622

Item Description Qty

C Trim Plate 1
D Graphic Insert 1

E Plug Button 1

F Trim Plate Screws 2

Rebuild Kit #141-621

Item Description Qty

1 “O” -Ring 1
2 Washer 1

3 Washer 1

4 Spring 1

5 Shut-Off Plug 1

6 Screw 1

141-600B

141-600F 141-600E
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